
A3

DIMENSIONS:

0 PLC
1 PLC
2 PLC
3 PLC
4 PLC
ANGLES

D D

C

B

A

C

B

A

4 3 2 1

OFSCALE SHEET REV

NAME

SIZE CAGE CODE DRAWING NO

TOLERANCES UNLESS
OTHERWISE SPECIFIED:

DWN

CHK

APVD

MATERIAL FINISH

REVISIONS

P LTR DATE APVDDWNDESCRIPTION

C

PRODUCT SPEC

APPLICATION SPEC

WEIGHT

1470-19 (3/13)

RESTRICTED TO

THIS DRAWING IS A CONTROLLED DOCUMENT.

TE Connectivity

CUSTOMER DRAWING

281333

RAVI.S
08AUG2019

KARTHIK J K
08AUG2019

PRASHANTH S
08AUG2019

5:1 1 1 J1

108-20025

-

-- -

mm

2°

AMPMODU II, SINGLE ROW, BOARD TO
BOARD RECEPTACLE, HORIZONTAL MOUNT

-

2019

00779

TE Connectivity. All Rights Reserved.

- -

J1 PN 280580-2 REACTIVATED 17MAR2020 KJK PS

"D"

2.54 

"B"�#�1.00
             

3
,
5

10,0 MAX.

7,62 REF. AT BASE

 
4
 
R
E
F

2.54�#�1.00

 REF.8.7

4281333-14281218-210.77.624

22281338-1 22 280582-256.453.3422

15281337-1 15 280581-238.635.5615

12281336-112280580-231.027.9412

9281335-1 9 280579-223.420.329

8281334-18280578-220.817.788

CONTACT
QUANTITY

ITEM 
 CONTACT

ASSEMBLY
PART NUMBERS

CONTACT
QUANTITY

ITEM  
   CONTACT

ASSEMBLY
PART NUMBERS

ITEM  
HOUSING 
(1 REQUIRED)

DIM
"D"

DIM
"B"

NO OF
POS.

ASS'Y CONNECTOR WITH TIN PLATED
CONTACT (HIGH PRESSURE)

ASS'Y CONNECTOR WITH 0.38µm GOLD
PLATED CONTACT (STD PRESSURE)

NOTES:
 
HOUSING: LCP, BLACK, UL94-V0
 
CONTACTS: PHOSPHOR BRONZE, MIN. 0.38µm GOLD ON CONTACT AREA 
AND GOLD FLASH ALL OVER, OVER NICKEL
 
 
CONTACTS: PHOSPHOR BRONZE, MIN. 0.76µm TIN PLATED ALL OVER,
EXCEPT FOR CUTTING EDGES.
 
THIS MAX. DIMENSION ASSURES PROPER POSITION OF CONNECTOR 
ON PCB DURING WAVE SOLDERING OPERTAION
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