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|. PART NUMBER: SEE TABLE.
- > MATER 1AL, 28340562 28340542 28340552 BLACK
TERMINAL: COPPER ALLOY 2834056 -1 2834054~ | 28340551 NATURAL
HOUSING:  THERMOPLASTIC,UL94-V0. PART NUMBER PLUG P/N RECEPTACLE P/N PART COLOR
3. FINISH DN 18DEC2015
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5. APPLICABLE WIRE: DIMENSIONS: TOLERANCES UNLESS SHI MING
SOLID: 18-22A16 OTHERWISE SPECIFIED:  [APVD |BDEC20 15 [name
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A 16 STRANDS MAX. FOR I8AWG,7 STRANDS MAX. FOR 20AWG) 1-PLC + 108-137160
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