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RECOMMMENDED PCB HOLE PATTERN FOR THROUGH HOLE WAVE
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DESCRIPTION

DATE DWN APVD

A RELEASE TO PRODUCTION

09DEC2019 | AY PS

7-2847308-0 AS SHOWN

Mﬁgiglﬁé & P&P CAP . HIGH TEMPERATURE THERMOPLASTIC, UL94-V0; COLOR- BLACK

POST . COPPER ALLOY

FINISH

MATING SIDE: MIN. 0.76 pm GOLD OVER NICKEL UNDER PLATING.

SOLDER SIDE: MIN. 2.0 um TIN OVER NICKEL UNDER PLATING.

PACKAGING: TAPE AND REEL (WITH PICK AND PLACE CAP)

ZZEL TOLERANCE NOT CUMULATIVE.
LL 50.85 57.65 50 5-2842308-0
36 .85 L6.65 L L L-28L7308-4
34 L0.85 L7.65 L0 L-72847308-0
28 34..85 36.65 34 3-7842308-4
an 30.85 37.65 30 3-26847308-0
20 26.685 28.65 26 2-28L7308-6
18 24 .85 26.65 2L 2-28L7308-4
14 20.65 22.65 20 2-2847308-0
10 16.85 168.65 16 1-2847308-6
8 14.85 16.65 4 1-78472308-4
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RECOMMMENDED PCB HOLE PATTERN FOR THROUGH HOLE REFLOW /PIN-IN-PASTE
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