4 3
THIS DRAWING IS UNPUBLISHED. RELEASED FOR PUBLICATION -, - REVISIONS
© ALL RIGHTS RESERVED.
COPYRIGHT — 00779 P LTR DESCRIPTION DATE DWN APVD
A | NEW RELEASE 28AUG2018| GK | KM
8.500”
[215.9mm)]
.750”
[19.0mm]
o4 4 o4
H FEED THIS DIRECTION = 318-LE FEED THIS DIRECTION
\ A B c D
100" 1.000”
[2.5mm] [ [25.4mm]
11.000"
[279.4mm)] -
LABEL ACROSS: 4
LABELS PER SHEET: 40
LABELS PER PACK: 400
SHEETS PER PACK: 10
All dimensions in INCHES[mm]
MATERIAL PE201-LASER PRINTABLE POLYESTER, WHITE
.250” o 2.000” ADHESIVE TYPE ACRYLIC PERMANENT
[6.4nmm] [50.8mm] LINER WHITE KRAFT
PRINT BLACK COLOUR
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