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Size
Inside Diameter 
supplied (min)  

mm

Inside Diameter after 
recovery (max)  

mm

Wall Thickness after 
recovery  

mm
2:1 sizes
1.2/0.6 1.2 0.6 0.45 ± 0.12
1.6/0.8 1.6 0.8 0.45 ± 0.12
2.4/1.2 2.4 1.2 0.50 ± 0.12
3.2/1.6 3.2 1.6 0.50 ± 0.12
4.8/2.4 4.8 2.4 0.50 ± 0.12
6.4/3.2 6.4 3.2 0.65 ± 0.15
9.5/4.8 9.5 4.8 0.65 ± 0.15
12.7/6.4 12.7 6.4 0.65 ± 0.15
19/9.5 19.0 9.5 0.75 ± 0.15
25.4/12.7 25.4 12.7 0.90 ± 0.20
32/16 32.0 16.0 0.95 ± 0.20
38/19 38.0 19.0 1.00 ± 0.20
51/26 51.0 26.0 1.15 ± 0.25
76/38 76.0 38.0 1.25 ± 0.25
102/51 102.0 51.0 1.40 ± 0.30
3:1 sizes
1.5/0.5 1.5 0.5 0.45 ± 0.12
3/1 3.0 1.0 0.55 ± 0.12
6/2 6.0 2.0 0.65 ± 0.12
9/3 9.0 3.0 0.75 ± 0.15
12/4 12.0 4.0 0.75 ± 0.15
18/6 18.0 6.0 0.85 ± 0.15
24/8 24.0 8.0 1.00 ± 0.20
39/13 39.0 13.0 1.125 ± 0.25

Features
Shrink Ratio 3:1
Temperature range -400C to +1350C
Flammability (IEC60684-2 method A) Self-extinguishing 60 sec. max.
Color Black
Delivery Form on spools, uncoated
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Thin-wall,flexible and flame-retarded 
heat-shrinkable tubing 

Application 
Universal electrical insulation, corrosion protection and marking purposes.
The tubing is weathering and UV-resistant.

Dimensions


