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SPECIFICATION AND DIMENSIONS
P/N RATED CURRENT (A) RATED OUTPUT (mV) Dim. A Dim. B Dim. C Dim. D Dim. E Dim. F Dim. G

FI-300-50 300 50 5.875(149.2) 1.75(44.5) 0.5(12.7) 4.75(120.7) 0.438(11.1) 1.0(25.4) 0.375(9.5)
FI-400-50 400 50 5.875(149.2) 2.0(50.8) 0.75(19.1) 4.75(120.7) 0.438(11.1) 1.25(31.8) 0.375(9.5)
FI-500-50 500 50 5.875(149.2) 2.0(50.8) 0.75(19.1) 4.75(120.7) 0.438(11.1) 1.25(31.8) 0.375(9.5)
FI-600-50 600 50 5.875(149.2) 2.0(50.8) 0.75(19.1) 4.75(120.7) 0.438(11.1) 1.25(31.8) 0.375(9.5)
FI-750-50 750 50 5.875(149.2) 2.25(57.2) 0.75(19.1) 4.75(120.7) 0.438(11.1) 1.5(38.1) 0.375(9.5)
FI-800-50 800 50 5.875(149.2) 2.375(60.3) 0.75(19.1) 4.75(120.7) 0.438(11.1) 1.5(38.1) 0.438(11.1)

FI-1000-50 1000 50 5.875(149.2) 2.5(63.5) 1.0(25.4) 4.75(120.7) 0.438(11.1) 1.5(38.1) 0.5(12.7)
FI-1200-50 1200 50 5.875(149.2) 2.875(73.0) 1.0(25.4) 4.75(120.7) 0.438(11.1) 1.5(38.1) 0.688(17.5)
FI-300-100 300 100 7.75(196.9) 1.75(44.5) 0.5(12.7) 6.625(168.3) 0.438(11.1) 1.0(25.4) 0.375(9.5)
FI-400-100 400 100 7.75(196.9) 2.0(50.8) 0.75(19.1) 6.625(168.3) 0.438(11.1) 1.25(31.8) 0.375(9.5)
FI-500-100 500 100 7.75(196.9) 2.0(50.8) 0.75(19.1) 6.625(168.3) 0.438(11.1) 1.25(31.8) 0.375(9.5)
FI-600-100 600 100 7.75(196.9) 2.0(50.8) 0.75(19.1) 6.625(168.3) 0.438(11.1) 1.25(31.8) 0.375(9.5)
FI-750-100 750 100 7.75(196.9) 2.25(57.2) 0.75(19.1) 6.625(168.3) 0.438(11.1) 1.5(38.1) 0.375(9.5)
FI-800-100 800 100 7.75(196.9) 2.375(60.3) 0.75(19.1) 6.625(168.3) 0.438(11.1) 1.5(38.1) 0.438(11.1)
FI-1000-100 1000 100 7.75(196.9) 2.5(63.5) 1.0(25.4) 6.625(168.3) 0.438(11.1) 1.5(38.1) 0.5(12.7)
FI-1200-100 1200 100 7.75(196.9) 2.875(73.0) 1.0(25.4) 6.625(168.3) 0.438(11.1) 1.5(38.1) 0.688(17.5)
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