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OBSOLETE| BELDEN 9266,9240,9259 & RG—59 TYPE WITH .031 DIA CENTER CONDUCTOR A 1.0/ [.042] 6.48 [.255] 852922—1 — — 9—-221132—1 2—415746—-0 413761—1 9—-4135/60—1
| OBSOLETE| BELDEN 8218 A 1.0/ [.042] 4 .52 [ 1 78] 8529272-2 — — 9—-221132—06 1—413746-0 4135/61-2 9—-4135/60-0 ‘
2\ RG—1/9/U,1/9A/U,1/9B/U18/7/U & 18/A/U A 1.0/ [.042] 4. .52 [.178] 852922-2 2272001—-8 227194-2 9—-415658-0 1—413/46—5 41357612 1—4135/760—1
R OBSOLETE| BRITISH TELECOM 2002 A 1.0/ [.042] 5.41 [.21 3] 8529221 — — 9—-221132—-0 415746—-5 41357612 1—415/60-0 I
| BELDEN 9266,9240,9259 & RG—59 TYPE WITH .031 DIA CENTER CONDUCTOR A 1.0/ [.042] 6.48 [.255] 852922—1 — — 9—221132—1 2—415746—-0 4157671—1 4135760-9 ‘
RG—179/U,179A/U,179B/U.187/U & 187A/U A 1.0/ [.042] 4.52 [.178] 852922-2 222001—-8 227194-2 9—-413658-0 1—415746—-5 413761—-2 413760—8
OBSOLETE| AT&T 734A A 1.0/ [.042] 6.48 [.255] 852922—1 — — 9—221132—3 2—415746—-0 4135761—4 413760—7/
| OBSOLETE| TIMES RG=59/U DOUBLE BRAID WITH .270 OD JACKET A 1.07 [.042] 8.23 [.324] 8529223 — — 9—-221132-2 413746-5 4137611 413760—6 ‘
OBSOLETE| BELDEN 8281, 9231, AT&T 728 B 1.0/ [.042] 8.25 [.324] 8529272—-34 — — 9—221132—-2 2—415746-0 413761—3 413760-5
OBSOLETE|] AT&T KS 19224 |2 A 1.0/ [.042] 4 .52 [.178] 852922-2 222001—-8 227194-2 9—4135658-2 1—413/46—5 413761—-2 4135/60—4
| BELDEN 8218 A 1.0/ [.042] 4 .52 [ 1 78] 852922-2 — — 9—-22113%2—06 1—413/46—-0 413761—-2 413760—3 ‘
OBSOLETE|] RG=59 U,59A/U & 59B/U A 1.0/ [.042] 6.48 [.255] 8529221 — — 9—221132—1 413746—5 4157671—1 413760-2
| BELDEN 88241 A 1.0/ [.042] 6.48 [.255] 8529221 — — 9—-4135658-3 413746—5 4157671—1 415760—1
TUBING, TUBING, JACK ‘
X FOR USE WITH CABLE VIEW CONTACT CRIMP | FERRULE CRIMP OIE SET ii @ METAL oL ASTIC FERRULE CONTACT ASSEMBLY PART NUMBER R
(SQUARE) (HEX) QTY=1 QTY= QTY=1 QTY=1 QTY=
| THIS DRAWING IS A CONTROLLED DOCUMENT. ™) oo 4/30/%0 tyco Tyco Electronics Corporation ‘
CHK 6/18/90 . arrisburg, _
gt M G B e 7T
INCHES ' M. PHILLIPS JACK
| ThE il PRODUET SPEe 75 OHM, HEX CRIMP, ‘
@gz PLC + - — BNC
3 PLC + 016 APPLICATION SPEC
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| MATERIAL ) FINISH WEIGHT — A 1 00779 @.:.41 3760 _ ‘
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