s

2 WT

/ 9 5 4 35
THIS DRAWING IS UNPUBLISHED. RELEASED FOR PUBLICATION - ,—- LOC DIST RE\/‘S‘ONS
© COPYRIGHT — BY TYCO ELECTRONICS CORPORATION. ALL RIGHTS RESERVED. AD 25 P LTR DESCRIPTION DATE DWN APVD
O1 REVISED PER ECO—-07-018583 22a0G07 | DH | DB
& HOUSING MATERIAL: GLASS—FILLED POLYMER.
A POST MATERIAL: COPPER ALLOY.
& POST FINISH: DIN 41612 CLASS 2 IN CONTACT AREA.
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