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CHEKB'MCMASTER T3oec0a -=TE TE Connectivity
DIMENSIONS: TOLERANCES UNLESS RWERTZ
OTHERWISE SPECIFIED: APVD 13DECO4 [ NAME
mm RWERTZ PIN ASSY,/—PACK 2mm FB,SIGNAL
0 PLC + PRODUCT SPEC
1 PLC + _ VERTICAL 5R,120P
@i ov o SEQUENCED WITH PRESS FIT LEADS
4 PLC + SIZE CAGE CODE | DRAWING NO RESTRICTED TO
ANGLES + - -
MATERIAL FINISH WEIGHT B A W 00779 @':'5223083 L

CUSTOMER DRAWING

E

4805 (1/15)



