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© COPYRIGHT 19 BY AMP INCORPORATED. ALL RIGHTS RESERVED. DF FO T I — . ST R
R | SEE SHEET | N R
AN\ “AMP”,PART NUMBER & DATE CODE MARKED IN THIS APPROX. AREA OPPOSITE SIDE.
A\ NUMBERS INDICATING END POSITIONS MARKED OPPOSITE SIDE ONLY.
5 MEETS ALL APPLICABLE REQUIREMENTS OF MIL-C-55302.
/A FINISH: .000050 GOLD IN CONTACT AREA. TIN-LEAD ON CONTACT TAILS, ALL OVER NICKEL UNDERPLATE.
A\ HOUSING MATERIAL: L1QUID CRYSTAL POLYMER
PER MIL-M-24519, GLCP-30F, COLOR: GRAY.
& DIMENSIONS IN BRACKETS ARE IN MILLIMETERS. METRIC EQUIVALENTS ARE BASED UPON 1.00 INCH = 25.4 mm.
/A CONTACT MATERIAL: BRASS.
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