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ﬁ HOUSING MATERIAL: GLASS—FILLED POLYMER.
CONTACT MATERIAL: COPPER ALLOY.
/3\ CONTACT FINISH: DIN 41612 CLASS 2 IN CONTACT AREA.
TIN PLATE ON POSTS.
/A CONTACT POINT.
/5\ RECOMMENDED HOLE SIZE FOR MANUAL APPLICATION OF
CONNECTOR ONTO PC BOARD.
A1 INDICATOR /B\ PART NUMBER, DATE CODE IDENTIFICATION, CSA LOGO IN THIS
APPROXIMATE AREA, ON REVERSE SIDE.
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DIMENSIONS: TOLERANCES UNLESS A SHARPE
mm [INCHES] - WémgﬂﬁifE ASSEMBLY, RECEPTACLE, EUROCARD, TYPE C,
Tee iC LEAD—FREE, 96 POSITION,
@gg PLC & - — 4.57[.180] SOLDER POSTS
+ 0.13[.005] APPLICATION SPEC
4 PLC + _ SIZE CAGE CODE | DRAWING NO RESTRICTED TO
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