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‘ o 1. THE CONTACT SURFACES OF THE TERMINALS ARE COATED WITH LUBRICANT. L ‘
/N MATERIAL:
HOUSING & STRAIN RELIEF CLIP— POLYPHEMYLENE COXIDE (BLACK)
YELLOW TERMINALS — HIGH STRENGTH COPPER ALLOY PLATED WITH EITHER 000030 MIN
COLOR DOT LOCATED GOLD OF GOLD FLASH OVER PALLADIUM NICKEL QOCO30 MIN TOTAL,
TERMINAL IM CENTER 4-40 UNEC - 28 OM CONTACT MATING SURFACE. .000050 MIN NICKEL UNDERPLATE

‘ 50 REQUIRED 3 HOLES OVER ENTIRE TERMINAL. ‘

3. WIRE SIZE: 25, 27 OR 28 AWG 7 STRANDS OF COPPER CONDUCTORS MAXIMUM
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