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CONTACTS DESIGNED FOR 26 & 28 AWG STRANDED OR 26, 28 & 30 AWG SOLID
WIRE.

AMP  TRADEMARK LOCATED IN APPROX AREA SHOWN.

STANDOFFS: POSN 8 (2) STANDOFFS AS SHOWN.
POSN 14—20 (3) STANDOFFS, (1) CENTERED BETWEEN (2) SHOWN
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