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POSITION #1 INDICATOR
A HOUSING: LIQUID CRYSTAL POLYMER, COLOR BLACK.
= A - CONTACTS: HIGH RELIABILITY COPPER ALLOY.
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1 REQUIREMENTS OF TE PRODUCT SPECIFICATION 108—1422 SOLDER
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& DATE CODE MARKED IN AREA INDICATED ON SIDE OPPOSITE
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$.025+.002[0.6440.05]— 025[0.64]F = $.079+.001[2.0040.03] 3.000[76.2] 5 3.450[87.63]|3.900[99.06]|4.000[101.6]] 266 5767095—7
JOLE ORIENTATION HOLE Al 2.500[63.5] 5 2.950[74.93]|3.400[86.36]| 3.500[88.9] 208 5767095-6
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1.500[38.1]] 3 1.950[49.53]|2.400[60.96]| 2.500[63.5] 152 57670954
1.000[25.4] 2 1.450[36.83]|1.900[48.26]| 2.000[50.8] 114 5767095-3
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A PC BOARD HOLD DOWN REQUIRED - . - . \ NO OF PART A
IN THIS AREA FOR CONNECTORS . 5 SPACES AT _ POS NUMBER
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1 PLC + 108—1492 .355[9.02] VERTICAL,
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