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/N HOUSING: LIQUID CRYSTAL POLYMER, COLOR BLACK.
- B+-888 [+00-08] - CONTACTS: HIGH RELIABILITY COPPER ALLOY.
' GROUND BUSSES: PHOSPHOR BRONZE ALLOY, UNS C51100.
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