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PART NO. A B’ A | RELEASED PER ECO—05—001646 06-05 | AA | DE
| 5863701—5 36.00 [914.4] .38 [9.7] ‘
5863701—8 | 24.00 [609.6] | .38 [9./] /I\  TOLERANCE OF LEAD LENGTH:
1—5863701—1 12.00 [304.8] .38 [9.7] UP TO 24 INCHES [609.6] = +.12 [+£3.0]
| 1—5863701—3| 48.00 [1219.2] .38 [9.7] 24 INCHES [609.6] & UP = 1% ‘
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6—5863701—4| 30.00 [762.0] .38 [9.7]
| A INSULATION CUT TO LENGTH 'B” BUT NOT REMOVED. ‘
TO MATE WITH AMP LGH—1 RECEPTACLE WITH .88
BARREL DEPTH.
| 5.  OPERATING VOLTAGE: 20 KVDC AT O TO 70,000 ‘
D FEET, —55°C TO 125°C. D
| SOCKET; SIZE #16 ‘
MAT L: LEADED COPPER PER ASTM—B—301
FINISH: GOLD PER ASTM—B—488
OVER NICKEL PER AMS—QQ—N-—290
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MOLDED END 2
| SILICONE RUBBER #16 AWG SILICONE
INSULATED LEAD WIRE
CAP COLOR: WHITE
WASHER, TEFLON MAT L: POLYESTER
QTY = 2 MLDG. CMPD. ‘
COLOR: RED
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DIMENSIONS: OTHERVISE SPECIFIED: | APVD T0-JUN—05 | NAME
INCHES D. EABY LEAD ASS’Y
| ?ﬁ% i : PWTTTWE SGL END ‘
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4 PLC + - SIZE CAGE CODE | DRAWING NO RESTRICTED TO
ANGLES + - —_
MATERIAL FINISH
| SEE CALLOUTS SEE calouts | — A1]00779[(G=5863701 - ‘
CUSTOMER DRAWING SAE 2 [PEET O Oy R

AMP 4805 REV 31MAR2000

1



