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MODULE ASSEMBELY EPOXY THERMOSET COLOR: BLACK
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BERYLLIUM CUOPPER GOLD PLATE
CUNTACT SHRRET PER QQ-C-533 PER MIL-G-45204
BERYLLIUM CUOPPER
PER QQ-C-233
RETAINING CLIP UR NONE
STAINLESS STEEL
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Zﬁ\g MARK MODULE ASSEMBLY WITH “AMP”, AMP PART NU, AR SIDE
AND DATE CODE 060 MINIMUM HIGH CHARACTERS
AT APPROXIMATE AREA SHOWN,
2. PIN CONTACTS, SEALING PLUGS AND TOOLS NOT
SUPPLIED MUST ORDER SEPARATELY
ITEMS AMP P/N |[MILITARY P/N =51818-1
PIN CONTACTS |[2-292404-1] M39021/1-101 SART
SEALING PLUGS|] 2992104-1 MS2/488-20 N
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