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2 PLC
FLUOROSILICONE
GROMMET UBRER COLOR: BLUE
4 # MODULE ASSEMBLY THERMOSET EPOXY COLOR: BLACK
CONTACT, SOCKET BERYLLIUM COPPER GOLD PLATE C
I ASSEMBLY PER ASTM-B194 PER MIL-G-45204
/. N [ ) BERYLLIUM COPPER
CLIP CONTACT PER ASTM-B194 NONE
F) (D) (C) (B) (A RETAINING OR
SST PER QQ-S-766
AL-ALLOY NICKEL PLATE
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METAL MOUNTING BRACKET NOT BONDED TO MODULE INCHES R RYAN .
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