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THIS DRAWING IS UNPUBLISHED. ‘ RELEASED FOR PUBLICATION -, . Lac DIST REVISIONS
(:) COPYRIGHT = BY TYCO ELECTRONICS CORPORATION. ALL RIGHTS RESERVED. - - P LTR DESCRIPTION DATE DWN APVD
DESC@IPTIDN MATERIAL FINISH A | REV PER ECO 10-017258 g-23-10 | CT | DE
FLUOROSILICONE
GROMME T /0/30 BLEND COLOR: GREEN
SPLICE ASSEMBELY
D HOUSING EPOXY COLOR: BLACK SCHEMATIC
CONTACT FEMALE BERYLLIUM CUOPPER GULD PLATE
SOCKET PER ASTM-B-194 PER ASTM-EB-488
BERYLLIUM CUOPPER
CLIP CONTACT TR ASEQB@‘* NONE
RE TAINING STAINLESS STEFL
PER QR-S-/66
SHRINK TUBE PER MIL-1-23053/8 | COLOR TRANSPARENT
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zig SPLICE IDENTIFICATION, "AMPY, AMP PART NO AND DATE 150 591877-1
CODE MARKED WITH 060 MINIMUM HIGH CHARACTERS IN AREA SHOWN SESISTOR OHMS |PART NUMBER
A RESISTOR SYMBOL AND RATING (SEE TABLE)> MARKED AS SHOWN, THIS DRAWING IS A CONTROLLED DOCUMENT. |"C ¢ riguas | Fyveo
A CHB CABY 4785704 E)I,ectronics Horrisburg, Pa 17105-3608
zis ENDS MARKED WITH CAVITY IDENTIFICATION AS SHOWN WIENNCSHIEDSNS‘ R LI, +25-04 [NAE
T e DOUBLE WIRE SPLICE ASSY
@E ggtg i APPLICATION SPEC WITH RESISTOR, SIZE 20, TJ
4 PLC + L B SIZE CAGE CODE |DRAWING NO RESTRICTED TO
MATERIAL . FINISH i WEIGHT _ A 8 00779 @=59 1 877 _
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