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FLUOROSILICONE
GROMME T SER MPS 10149 CUOLOR: RED
D
D
MODULE ASSEMEBLY FPOXY CULOR: BLACK
CONTACT FEMALE EEEULLU% %%@P%E GOLD PLATE
SOCKET QQ—=C— PER MIL-G-45204
ASTM B—196 (CWSOO)
BERYLLIUM CUPPER
CLIP CUONTACT PER QR-C—-2933 NONE
— RETAINING UR —
STAINLESS STEEL
PER QER—S—/66
BERYLLIUM CUPPER
MOUNTING BRACKET SER Q0-C-5373 NONE
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