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 PartNumber: 5953438-1
8 POSITIONS
ISO 7816

 
CONTACTS PLATING : 
 
OVERALL: Ni 2µm MIN,ALL OVER THE CONTACTS.
SOLDER ZONE: Sn 2.5µm MIN ON THE SOLDER ZONE OF THE CONTACTS.
MATING ZONE: PLATING CONFIRMS TO PRODUCT REQUIREMENTS 
            AS PER SPECIFICATION 108-15202.
 
MATERIAL : 
 
HOUSING: PBT-GF, BLACK UL 94V0.
CONTACTS: PHOSPHOR BRONZE.
    
TE SMART CARD RECEPTACLE DESIGNED TO ACCEPT ISO 7810-7816 TYPE
INTEGRATED CIRCUIT SMART CARDS (0.76MM REF. THICKNESS) SEE SHEET 2/2
 
LOGO SHAPE AND POSITION VARY DEPENDING ON
MOLD CAVITY NUMBER.
 
DIMENSION APPLICABLE IN CARD CONTACT AREA ONLY
SURFACE VARY DEPENDING ON MOLD CAVITY NUMBER

NOTES:NOTES:
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SEE DETAIL  F
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POSITION TOLERANCE FOR ALL HOLES 
 

PC BOARD THICKNESS 1.57�#�0.1 (.062)
(CONNECTOR SIDE)

 
 

RECOMMENDED PCB LAYOUT

STANDOFF AREA
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(CONNECTOR SIDE)
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