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6367580-187.117.6225.4632.1640

1617.2717.7835.6242.3264

2427.4327.9445.7852.4888

3237.5938.1055.9462.64112

4047.7548.2666.1072.80136

4857.9158.4276.2682.96160

5668.0768.5886.4293.12184

6478.2378.7496.58103.28208

7288.3988.90106.74113.44232

 HOUSINGS; POLYESTER, UL 94 V-O RATED, NATURAL
    SIGNAL AND SIGNAL GROUND CONTACTS:  COPPER ALLOY
    UTILITY CONTACTS:  PHOSPHOR BRONZE

 UTILITY CONTACTS: 0.76um MIN GOLD IN CONTACT AREA,
    2.54um MIN TIN ON PCB TAILS, OVER 1.27um MIN NICKEL OVER ALL.
    SIGNAL AND SIGNAL GROUND CONTACTS: 0.76um MIN GOLD IN CONTACT AREA,
    2.54um MIN TIN ON PCB TAILS, OVER 1.27um MIN NICKEL OVER ALL.

 3. ROWS A, C, D, AND F ARE SIGNAL CONTACTS. ROWS B AND E ARE SIGNAL GROUND CONTACTS.

 CONNECTOR SIZE CAN ACCOMMODATE INDICATED QUANTITY OF DIFFERENTIAL PAIRS.

 DIMENSIONS PER CUSTOMER BOARD LAYOUT.

 COMPANY LOGO IN APPROXIMATE AREA SHOWN.

 OBSOLETE PART.
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