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NOTES:
 
     FINISH: PLATE 0.000100-0.000200 THK TIN IN
     LOCALIZED TIN PLATE AREA, ALL OVER
     0.000030-0.0000070 THK NICKEL.
 
  2. CONTACT WILL BE LUBED WITH LUBRICANT PER 
     P/N 22014-1
  
  3. WIRE RANGE: 18-14 AWG SXL, GXL, AND TXL WIRE WITH INSL
                 DIAMETERS OF 0.077-0.155 INCHES
 
     PLATE 0.000030 MIN THK SELECT GOLD IN  LOCALIZEDPLATE 
           AREA. TIP PLATING AREA PLATE TO 0.000015 MIN THK.
 
     PLATE 0.000100-0.000200 THK TIN PER 112-65-1
     IN LOCALIZED TIN PLATE AREA. ALL OVER 0.000040-0.000080
     THK NICKEL PER 112-25-2
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