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1 UNIT ACCEPTS 1.14 [.045} SQUARE OR ROUND POST.

% UNIT ACCEPTS STANDARD SL—156 CONTACTS.

3 UNIT ACCEPTS KEYING PLUG 640254—1 AND KEYING PIN

640255—1.
A CIRCUIT I.D. NUMBER(S) TO BE LOCATED SEQUENTIALLY AS
@ SHOWN OR ONLY NO. 1 CIRCUIT PLACED ON TOP OF HOUSING.
% 5 DIMENSIONS IN BRACKETS ARE IN INCHES.
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95.15 [3.746] 24 2—-640251—4
91.19 [3.5390] 23 2—640251-3
87.20 [3.433] 22 2—640251—-2
833.24 [3.277] 2 2—640251—1
79.27 [3.121] 20 2—640251-0
75.31 [2.965] 19 1—-640251—-9
71.32 [2.808] 18 1—-640251-8
67.36 [2.652] 17 1—-640251—7
63.40 [2.496] 16 1—-640251—6
59.44 [2.340] 15 1—640251-5
55.45 [2.183] 14 1—640251—4
51.49 [2.027] 13 1—-640251-3
47.52 [1.871] 12 1—-640251-2
4356 [1.715] 1 1 —640251—1
39.57 [1.558] 10 1—-640251-0
35.61 [1.402] 9 640251 —9
31.65 [1.246] 8 640251 —8
27.69 [1.090] 7 640251 —7
23.70 [ 933] 6 640251 —6
19.74 .77 7] 5 640251 —5
15.77 [.621] 4 640251 —4
11.81].465] 3 640251 —3
7.82[.308] 2 640251 —2
3.86[.152] 1 640251 —1
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