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1. MATES WITH HOUSING 640509.

/\ UL LOGO AND CSA LOGO TO APPEAR
ON EITHER LATCH SURFACE PER AMP
SPEC 20220, I.D. NO. 1-18838—3
AND 1-18839-3. FROST BACKGROUND
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REF [ .365] 3. DIMENSIONS IN BRACKETS ARE IN
INCHES.

/N NON—FILL PERMITTED UP TO 3.8[.15]
FROM EDGE OF LATCH ARM ON THE
\_ 0.38[.015] THICK FLANGE, 4 PLC.
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[INCHES] G . _A._BEDD HOUSING, PLUG
1 PLC + - B MRII
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