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DIM K
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.100

DIM R

DIM L REF

DIM M

DIM D

.574
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.495

.385

TYP
.155

REF
.150

DIM U

DIM T
TYP

.175

3 PLC
.320

.059

2 PLC
.278

TAIL LENGTH �#�.015
TYP

.220

-A-

 1.  CENTER MODULE OPTION AVAILABLE

 "AMP", PART NUMBER, AND DATECODE TO BE MARKED IN AREA SHOWN.

 MATERIAL:
      HOUSING - GLASS FILLED HIGH TEMP THERMO PLASTIC, UL94 V-0
      SIGNAL CONTACT - COPPER ALLOY
      POWER CONTACT - HIGH CONDUCTIVITY COPPER ALLOY

 CONTACT PLATING:
      NOBLE METAL PLATED ON THE CONTACT FUNCTIONAL AREA
      OF POWER AND SIGNAL CONTACTS.

 MECHANICAL CONNECTOR KEEP OUT ZONE.

 DATUM AND BASIC DIMENSIONS ESTABLISHED BY CUSTOMER.

 PCB-ALL HOLE DIAMETERS ARE FINISHED HOLE SIZES.

 PCB- .0453�#�.0010 DRILLED HOLES PLATED WITH .0003
          MIN Sn OVER .001 TO .003 CU PLATING
          TO ACHIEVE A .040�#�.003 DIA HOLE

 VARIABLE DIMENSION, SEE SHEET 2

 FOR DETAIL DIMENSION ,PLEASE REFER TO TABLE

SECTION  Y-Y
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1.125 - - - 1.175 .400 1.475 32S 3-6450121-0

.800 - - - .850 .375 1.150 20S 2-6450121-9

1.875 - - - 1.875 .400 2.175 60S 2-6450121-8

2.950 .200 - 1.050 3.000 .375 3.300 24S + 10P 2-6450121-7

2.650 .250 - 1.050 2.700 .375 3.000 24S + 7P 2-6450121-5

2.400 .250 - 1.050 2.450 .375 2.750 24S + 6P 2-6450121-4

2.900 .250 - 1.050 2.950 .375 3.250 24S + 8P 2-6450121-3

2.000 - - - 2.050 .375 2.350 68S 2-6450121-2

1.100 - - - 1.150 .375 1.450 32S 2-6450121-1

6.075 .200 - 1.375 6.125 .375 6.425 36S + 24P 2-6450121-0

4.025 - 2.125 4.075 .375 4.375 60S + 8P 1-6450121-9

2.925 .200 - 1.025 2.975 .375 3.275 24S + 10P 1-6450121-8

2.400 .250 - 1.050 2.450 .375 2.750 24S + 6P 1-6450121-6

1.700 .250 - .850 1.750 .375 2.050 16S+4P 1-6450121-5

3.325 - - - 3.375 .400 3.675 120S 1-6450121-3

4.400 .250 - 1.050 4.450  .375 4.750 24S + 14P 1-6450121-2

1.900 .250 - 1.050 1.950  .375 2.250 24S + 4P 1-6450121-1

1.800 .250 - .950 1.850  .375 2.150 20S + 4P 1-6450121-0

1.800 .250 - .950 1.850  .375 2.150 20S + 4P 6450121-4

1.850 .300 - 1.125 1.900 .375 2.200 24S + 3ACP 6450121-3

2.400 .250 - 1.050 2.450 .375 2.750 24S + 6P 6450121-2

3.800 - .900 3.850 .400 4.150 12S + 11P 6450121-1

DIM U DIM T DIM M DIM R DIM D DIM K DIM L DESCRIPTION PART NUMBER

G2
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10
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A.090STDO
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POWER CONTACT

TAIL LENGTHCODE
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P.C.B. EDGE

SCALE  3:1

P.C.B. EDGE

6450121-2 & 2-6450121-4 RECOMMENDED PCB LAYOUT
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