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CONTACTS: PHOSPHOR BRONZE.

SHELL: CARBON STEEL.

RCPT G—PLATE: STAINLESS STEEL.

GUIDE SOCKET AND RETENTION LEG: BRASS.

| Y= pdinrdgipralpralpsaln i = | { /N HOUSING AND TINE PLATE: POLYESTER, NATURAL.
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CONTACTS: 0.76um MIN GOLD FOR A LENGTH OF 1.10 MIN FROM MATING END,
2.54 MIN TIN FOR A LENGTH OF 2.80 MIN FROM OPPOSITE END,
BOTH OVER 1.27um MIN NICKEL. D

SHELL: 3.00um MIN NICKEL OVER 1.30um MIN COPPER.

RETENTION LEG: 2.00um MIN TIN OVER 1.00um MIN NICKEL.

/ \ \ GUIDE SOCKET: NICKEL OVER COPPER.
MATING FACE SHELL HOUSING CUIDE SOCKET CONTACTS 152 AND 200, ARE SEQUENCED AWAY FROM MATING FACE.
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DATUMS AND BASIC DIMENSIONS ESTABLISHED BY CUSTOMER.

DATE CODE MAY BE MARKED ON EITHER END.
PROPOSED DIMENSION. MAY CHANGE PENDING CAPABILITY STUDY VERIFICATION.
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