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PART NUMBERMATERIALCOR/COLOR

735075-0

POLIPROPILENO/POLYPROPYLENE 

NATURAL/CLEAR

735075-1VERMELHO/RED

735075-2VERDE/GREEN

735075-5NEGRO/BLACK

1-735075-0NATURAL/CLEAR

1-735075-1VERMELHO/RED

1-735075-3AZUL/BLUE

AMARELO/YELLOW

NEGRO/BLACK

2-735075-6NATURAL/CLEAR

6-735075-0POLYAMIDE 6/6 V-0NATURAL/CLEAR

8-735075-2POLYAMIDE 6/6 V-2NEGRO/BLACK

-PA 6.6 ACCORDING TO SPEC. IEC 60335-1 GWT 750�$�C WITHOUT FLAME.

-PA 6.6 94 V-2 THERMO STABILIZED.

-PACKAGING QUANTITY: 15000 PIECES IN A BOX.

-PAKAGING: 25 PLASTIC BAGS WITH 300 PIECES EACH IN A BOX.
    TOTAL 7500 PIECES/BOX

-SUPERSEDED BY 2-2133346-0.
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