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FOR 9.52 [.375] STUD
42.3
T [e7] 1. CABLE LENGTH TOLERANCE = 0.2% OF TOTAL CABLE LENGTH,

WITH A MINIMUM TOLERANCE OF +3.18 [.125].

.E. 6096 [240.0] * .002= +12.2 [.480]
/2 LABEL APPROXIMATELY WHERE SHOWN PER AMP 2480.0903.MPI.
/3 MADE WITH 4 INSULATED CABLES.
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BECAUSE OF SHIPPING CONSTRAINTS REFOLDING / SHAPING OF CABLE
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32.3 e ASSEMBLY MAY BE REQUIRED BY CUSTOMER BEFORE INSTALLATION.
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1.0 1.0 PC | LABEL, POLYESTER, .88 X 1.88” 4
2.0 2.0 IN | TUBING,SHRINK,1”,BLK 3
/664882 0.25 [.010] |SOLID|501.7 [19.75] 79.0 | 83.0 | IN |CABLE, .010 SOLID, TEFZEL 2
766488—1 0.25 [.010] |SOLID|400.1 [15.75]
2.0 2.0 PC | TRANS ASSY, MULTICBL, 9.52 [.375] STuD| 1
PART CONDUCTOR CABLE ASSY _ _ ITEM
NUMBER THICKNESS |2 THE LENGTH Z _ 1 /| DESCRIPTION —
THIS DRAWING IS A CONTROLLED DOCUMENT. F C CLAYBAUGH -‘ETyco Tyco Electronics Corporation
CHé . MCCORKELWS/AF’R/03 Electronics Harrisburg, PA 17105-3608
DIMENSIONS: TOLERANCES UNLESS —— T
rm OTHERWISE SPECIFIED: | APVD 18/aPR/03 |NME. ANJPOWER Wave Cmmg System
[INOHES] £.D. McCORKEL CABLE ASSY, WAVE CRIMP
0 PLC 4+ PRODUCT SPEC
1 PLC + 0.5 [.02] . -
@E 2 PLC +0.25 [.010] _
3 PLC + _ APPLICATION SPEC
iNgLLECS + — . ,‘ ,‘ 4749005 SIZE CAGE CODE | DRAWING NO RESTRICTED TO
MATERIAL FINISH WEIGHT B AB 00779 @5766488 _
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