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WITH A MINIMUM TOLERANCE OF %3.18 [.125].
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MODULE, 14 POS L[?Ség:5ég]’
MODULE, 7 POS B

2,00 | PC |CABLE TIE,UL 3894V-0 7
1.00 | PC |HOUSING,RCPT, 7 POSN 5
1.00 | PC |HOUSING, 24 POSN,MODU,MOD 1V 5
27.0 | PC |CONTACT,RCPT, TANDEM SPRING 4
27 .0 | PC |MOD IV,RECP"T,CONTACT 3
1.00 | PC | RECPT HOUSING, 14 POSN 2
21 .67 FT | WIRE,STRANDED, 22AWG, UL 1371,RED |
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