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1.  CABLE LENGTH TOLERANCE ON O-150 INCH LONG CABLES =
+0.2% =0% 0OF TOTAL CABLE LENGTH WITH A MINIMUM
TOLERANCE OF +6.4 [.2%] O [O].
D CABLE LENGTH TOLERANCE ON CABLES OVER 150 INCHES LONG =
+ 1% =0% OF TOTAL CABLE LENGTH.
Zﬁk LABEL APPROX. WHERE SHOWN PER AMP 2480.0903.MPI.
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