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A 0.00076[.000030] MIN GOLD AT POINT OF
MEASUREMENT IN THE LOCALIZED GOLD PLATE
AREA, 0.00127[.000050] MIN TIN—LEAD IN
TIN—LEAD PLATE AREA, 0.00127[.000050] MIN
24.89+0.38 0.64 NICKEL UNDERPLATE ON ENTIRE CONTACT.
B [.980+.015] - [.025]
MIN 2. WIRE RANGE: .5—2mm2 [20—14 AWG].
005 INSULATION RANGE: 1.52—3.30[.060—.130] DIA.
3.43 ’ _ -—
[135] — [.010] MAX CUT—OFF TAB DIMENSIONS IN BRACKETS ARE IN INCHES.
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GOLD /\ | 0.30 [.012] PH BRZ | 1-770008-0
GOLD /i 0.30 [.012] PH BRZ 770008—4
PRE—TIN 0.30 [.012] PH BRZ 770008—23
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