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Zﬁl MATERIAL: HOUSING - UL 94V-0 RATED HIGH TEMP. NYLON, COLOR BLACK.
CONTACT - BRASS.
Zﬁl MAX IMUM INSERTION 30 LBS.
CIRCUIT NUMBER | Zﬁl RECOMMENDED BOARD THICKNESS I.57.
Zﬁl FINISHING: CONTACT - 0.76um MINIMUM GOLD,
RETENTION FEATURE LOCATED OR
ON END CONTACTS ONLY. - 4 PLC 0.0762um MINIMUM GOLD FLASH OVER 0.69um MINIMUM PALLADIUM NICKEL,
ON MATING AREA PER TE CONNECTIVITY’S DISCRETION,
1
— ¥ A = b 2 54um MINIMUM MATTE TIN ON SOLDER TAILS.
@?@/ I = = I E
. t | | j ALL OVER |.27um MINIMUM NICKEL.
$ Tﬁf B |88 8B @r Zﬁl CUTTING AREA REGION, NO PLATING IS PRESENT.
= 6 COUNTERPART RECOMMENDED IS PN 794617 (DASH ACCORDING TO NUMBER OF POSITION) .
(DIM ) 7 FOR REELING DIRECTION AND PACKAGING TYPE, SEE SPECIFICATION 114-13000.
DIM Y
OBSOLETE [ +6—60 00——+286 8 6946378
40.00 | 33.00 | 36.86 24 5-794632-4
37.00 | 30.00 | 33.86 22 5-794632-2
34.00 | 27.00 | 30.86 20 5-794632-0
31,00 | 24.00 | 27.86 18 4-794632-8
28.00 | 21.00 | 24.86 6 4-794632-6
25.00 | 18.00 | 21.86 4 4-794632-4
22.00 | 15.00 | 18.86 E 4-794632-2
19.00 | 12.00 | 15.86 0 4-794632-0
16.00 9.00 12.86 8 3-794632-8
13.00 5.00 9.86 6 3-794632-6
10.00 3.00 5.86 1 3-794632-4
7.00 - 3.86 ? 3-794632-2
DIM Y | DIMZ | DIM X ﬁ%sfF PART NUMBER
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