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COUPLING RING HOUS ING

/N HOUSING: NYLON, BLACK

COUPLING RING: POLYESTER, BLACK.

2o Wit ACCEPT C14) MULTIMATE PIN CONTACTS.

ZL TE LOGO AND PART NUMBER LOCATED ANYWHERE
ON THIS SURFACE.
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