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PART
NUMBER

NO OF
POSN

DIM L
CONTACT
FINISH

SPECIALMARKING

796642 -2212.0

TIN PLATED

796642 -3317.0

796642 -4422.0

796642 -5527.0

796642 -6632.0

796642 -7737.0

796642 -8842.0

796642 -9947.0

1- 796642 -01052.0

1- 796642 -11157.0

1- 796642 -21262.0

1- 796642 -31367.0

1- 796642 -41472.0

1- 796642 -51577.0

1- 796642 -61682.0

1- 796642 -71787.0

1- 796642 -81892.0

1- 796642 -91997.5

2- 796642 -020102.0

2- 796642 -121107.0

2- 796642 -222112.0

2- 796642 -323117.0

2- 796642 -424122.0

2- 796642 -525127.0

2- 796642 -6840.0SEE DETAIL Z

2- 796642 -71050.0SEE DETAIL Y

2- 796642 -8525.0GOLD PLATED-

2-796642-9632.0TIN PLATEDPIN 2 REMOVED

3-796642-0737.0TIN PLATEDPIN 2 REMOVED

3-796642-�1�842.0TIN PLATEDPIN 2 REMOVED

3-796642-2737.0AU FL-

3-796642-3317.0TIN PLATEDSEE DETAIL A-A

-

796642-3 AS SHOWN

RECOMMENDED PC BOARD LAYOUT
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 MATERIALS AND FINISH:
    HOUSING: PA 6-6, UL 94-V0, COLOR: GREEN.
    TERMINAL: COPPER ALLOY, SEE TABLE.
 
 2  SUITABLE FOR 1,6-2, 4mm PC BOARD THICKNESS.
 
 3  RECOGNIZED UNDER THE COMPONENT PROGRAM OF
    UNDERWRITERS LABORATORIES INC.FILE N�$� E60677.
 
 4  IMQ CERTIFICATE WITH SURVEILLANCE IN CONFORMITY
    WITH IEC 998-1/998-2-1.}

 NOT CUMULATIVE TOLERANCE

 INK MARKED WHITE.
    NUMERICAL SEQUENCE FROM LEFT TO RIGHT.
 
 7  BUCHANAN LOGO TO APPEAR ON HOUSING, LOCATION
    OPTIONAL WHERE SPACE PERMITS.
 
    PRELIMINARY PART NUMBER.
 
    HOUSING: PA 6-6, UL 94-V0, COLOR: YELLOW

DETAIL A-A

DETAIL Z

DETAIL Y
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