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1 LOCK WASHER GALV 5

1 HEX NUT, 1/2-13 UNC, GALV. STEEL 4

1 BOLT, 1/2-13 UNC, GALV. STEEL 3

1 BASE STR CLMP UNPLT 2

1 TOP STAMPING STR CL UNPLT 1

-1 DESCRIPTION ITEM

QTY PARTS LIST

SILICON
BRONZE

UNPLATED 81416-1

HARDWARE FINISH PART NO.

NOTES:
 
1. ACCOMMODATION:
   4 AWG SOLID TO 350 MCM (SINGLE CONDUCTOR)
   1/0 AWG TO 4/0 AWG (TWO CONDUCTORS).
 
2. DIMENSIONS ARE FOR REFERENCE ONLY.

1
2 345
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SILICON
BRONZE

TIN PLATED 81416-6

UNPLATED 81416-3

HARDWARE FINISH PART NO.

1 1 LOCK WASHER STR CLP 5

1 1 HEX NUT, 1/2-13 UNC, SILICON BRONZE 4

1 1 BOLT, 1/2-13 UNC, SILICON BRONZE 3

1 - BASE STR CLMP TIN
2

- 1 BASE STR CLMP UNPLT

1 - TOP STAMPING STR CL TIN
1

- 1 TOP STAMPING STR CL UNPLT

-6 -3 DESCRIPTION ITEM

QTY PARTS LIST

NOTES:
 
1. ACCOMMODATION:
   4 AWG SOLID TO 350 MCM (SINGLE CONDUCTOR)
   1/0 AWG TO 4/0 AWG (TWO CONDUCTORS).
 
2. DIMENSIONS ARE FOR REFERENCE ONLY.
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