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MAT'L: LEADED COPPER PER ASTM—B—301 WIRE,WHITE
FINISH: GOLD PER MIL—G—45204
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1. MARKED PER MIL=STD—150. DO NOT SCALE PRINT. DR 12-18-92
UNLESS SPECIFIED C.C.THOMAS AMP Incorporated
2. LEADS WILL MATE WITH AMP LGH-=3 DIMENSIONS IN_INCHES [mm]  [cHK  1-6-93 Harrisburg, PA 17105—3608
Zﬁ: RECEPTACLE WITH 1.81 [4.7] BARREL DEPTH. 2 PLC DEC + .02 [0.5] S.GLATFELTER
TOLERANCE OF LEAD LENGTH: 3 PLC DEC + - APPD1-6-93 NAME
UP TO 24 INCHES [609.6] = +12 [£3.1] e AR
A _ 4y RLSE 1-6-93 A
24 INCHES [609.6] & UP = =% C.C.THOMAS LEAD ASSY.DBL END,LGH—3
4. OPERATING VOLTAGE: 40 KVDC AT O TO 70,000 FEET, —55°C TO 125°C. SEE CALLOUTS PRODUGT SPEC
5. MINIMUM PRODUCIBLE LENGTH OF THIS PRODUCT IS 8.00" [203.2]. = T TSy e ST T cisr cooE 5RATNG NG
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