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THIS DRAWING IS UNPUBLISHED. | RELEASED FOR PUBLICATION - ,N/A LoC DIST REVISIONS
| © copvricht N/A BY TYCO ELECTRONICS CORPORATION, - NoHTS RESERVED. DF 1SO e SESCRIPTION DATE N T APVD
PART NO. A B C REMARKS U | REV PER ECO-05-002828 08-05 | AA | DE
| 8480771 24.00 [609.6] 6.00 [152.4] — 5 0BS
8480772 192.00 [4876.8] | 6.00 [152.4] — 5 0BS
8480773 48.00 [1219.2] | 6.00 [152.4] - 5
| D | 848077-4 12.00 [304.8] 6.00 [152.4] — 5 0BS
848077-5 60.00 [1524.0] | 6.00 [152.4] — 5 0BS |/
848077—6 120.00 [3048.0] | 6.00 [152.4] — 5 0BS | /&
| 848077—7 240.00 [6096.0] | 6.00 [152.4] — 5 0BS | /&
848077-8 32.00 [812.8] 6.00 [152.4] — 5 0BS | /&
848077—9 10.00 [254.0] 6.00 [152.4] - 5 ,
| 1-848077-0 | 15.00 [381.0] | 6.00 [152.4] - 5 ;\SAg?’EFTéESRgLELIﬁSfC(OZF)’PER PER ASTM—B—197 mg@ULAAVTVSDSlLLElgSNv%RE
1-84807/7—-1 80.00 [2032.0] 12.00 [304.8]12.00 [304.8] 5 FINISH: GOLD PER ASTM—B—-488 METALLIC SHIELDED &
1-848077—-2 | 510.00 [12954.0]| 6.00 [152.4] 6.00 [152.4] 5 OBS OVER NICKEL PER AMS—QQ—N-290 GLASS BRAID JACKET
| 1-848077-3 | 500.00 [12700.0]| 6.00 [152.4]| 6.00 [152.4] 5
1-848077—4 | 103.00 [2616.2] | 6.00 [152.4]| 6.00 [152.4] 5 . AA _
1-848077-5 | 154.00 [3911.6] | 6.00 [152.4]| 6.00 [152.4] 5 /
1-848077-6 | 183.00 [4648.2] | 6.00 [152.4]| 6.00 [152.4] 5 0BS 3 B
| 1-848077—7 | 571.00 [14503.4]| 6.00 [152.4]| 6.00 [152.4] 5 ) [éggi’;;%]wp E}“Q% MAX YR
1-848077-8 98.50 [2501.9] | 6.00 [152.4]] 6.00 [152.4] 5 0BS
| C [1=848077-9 | 114.00 [2895.6] | 6.00 [152.4] 6.00 [152.4] 5 0BS 2/ MAX TYP—
0-848077-0 | 555.00 [14097.0]] 6.00 [152.4] 6.00 [152.4] 5 0BS [14.4] 3.340 MAX FERRULE; TYP
2-848077—1 | 158.00 [4013.2] | 6.00 [152.4] 6.00 [152.4] A 0BS 1.81 TYP—— [8.63]
| 0-848077—2 | 136.00 [3454.4] | 6.00 [152.4] 6.00 [152.4] 5 0BS [45.9] =05 [TZ’P75]
2-848077-3 72.00 [1828.8] | 6.00 [152.4] 6.00 [152.4] 5 — = | B ;
2-848077—4 | 111.00 [2819.4] | 6.00 [152.4]| 6.00 [152.4] 5 0BS \ / B S % [ ] |
| 2-848077-5 | 107.00 [2717.8] | 6.00 [152.4]| 6.00 [152.4] 5 0BS - f - }
2-848077-6 | 147.64 [3750.1] | 6.00 [152.4]| 6.00 [152.4] 5 \
2-848077-7 84.00 [2133.6] | 6.00 [152.4]] 6.00 [152.4] A 0BS| MOLDED END, TYP / B+ 12 C+ 12 SHRINK TUBING. TvP
| [72-848077-8 | 102.00 [2590.8] | 6.00 [152.4] 6.00 [152.4] 5 ops| SIHCONE RUBBER . (2) I (3.0] [3.0] | COLOR: BLACK .
2-848077-9 | 108.00 [2743.2] | 6.00 [152.4]| 6.00 [152.4] A 0BS VAT EPOXY |
3-848077-0 | 120.00 [3048.0] | 6.00 [152.4]] 6.00 [152.4] 5 0BS WASHER. TEFLON MLDG. CMPD. N~ I— #22 GA. TEFLON
| 3-848077—1 | 132.00 [3352.8] | 6.00 [152.4]| 6.00 [152.4] A 0BS QrY = 4 COLOR: GREEN \ﬁ | \ﬁ o) oty GROIND WIRE
5—84807/-2 3560.00 [9144.0] 12.00 [304.8]12.00 [304.8] 5 OBS I 2 PLC‘H'_ APPLICABLE
3-848077-3 | 600.00 [15240.0]] 6.00 [152.4]] 6.00 [152.4] 5
| 3-848077—4 36.00 [914.4] 6.00 [152.4]] 6.00 [152.4] 5 0BS —50+.12 TYP
3-848077-5 [1195.00 [30353.0]| 6.00 [152.4]| 6.00 [152.4] 5 0BS [12.7+3.0]
B [737848077-6 | 720.00 [18288.0]] 6.00 [152.4] 6.00 [152.4] 5
| 5-848077-3 48.00 [1219.2] | 6.00 [152.4] - 7
_ #10 RING TONGUE TERMINAL
MAT'L: COPPER PER ASTM—B—152
| FINISH: TIN PLATE PER MIL—T—10727
/6\
|_ /2 TOLERANCE OF LEAD LENGTH:
UP TO 24 INCHES [609.6] = .12 [+3.0]
24 INCHES [609.6] & UP = +1%
| /N MARKED WITH BLACK INK PER MIL—STD—130.
NO MARKING ON 848077-9.
| 3. TO MATE WITH AMP LGH-3
RECEPTACLE WITH 1.81 [45.9] BARREL DEPTH.
4. OPERATING VOLTAGE: 40 KVDC AT O TO 70,000 FEET, _
| _55'C TO 125°C. THIS DRAWING IS A CONTROLLED DOCUMENT. |8 ~ 11iqpas tyco Tyco Electronics Corporation
A CHg.GLATFELTER 16-NOV-93 Electronics Harrisburg, Pa 17105-3608

>

PIGTAIL IS SOLDER DIPPED.

EQUIPPED WITH #10 RING TONGUE TERMINAL ON GROUND LEAD.
INSULATION CUT, BUT NOT REMOVED.
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APVD 16—NOV—93
S.GLATFELTER
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NAME

SHIELDED & GLASS BRAID COVERED

LEAD ASSY
DBL END, LGH-3

MATERIAL
SEE CALLOUTS

FINISH
SEE CALLOUTS

WEIGHT

SIZE

A2

CAGE CODE

00779
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