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DIM A
5 .88 [22.4] 1.25 [BT.E%] TIN PLATED 5—849610-3
.88 [22.4] 1.25 [BW.SJ GOLD PLATED 349610—4
.88 [22.4] 1.25 [BT.E%] TIN—LEAD PLATED 349610—3
OBSOLETE|1.12 [28.4] 1.50 [BS.W] GOLD PLATED 349610—2
OBSOLETE|1.12 [28.4] 1.50 [BS.W] TIN—LEAD PLATED 349610—1
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