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BARREL DEPTH.
| /3 PIGTAIL SOLDER DIPPED.
| /AN INSULATION CUT, BUT NOT REMOVED.
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B N 2.00[50.8] | 72.00[1828.8] 5-862484—9 -
| OBSOLETE /A 2.00[50.8] 60.00[1524] 1-862484—23
OBSOLETE /N 2.00[50.8] | 48.00[1219.2] 1-862484—2
OBSOLETE /A 2.00[50.8] | 180.00[4572.0] 1-862484—1
N 2.00[50.8] 20.25[514.4] 1-862484—0
N 2.00(50.8] | 72.00[1828.8] 8624849
OBSOLETE /A 2.00[50.8] 36.00[914.4] 862484—8
OBSOLETE /N 2.00[50.8] 12.00[304.8] 8624847
— OBSOLETE /A 2.00[50.8] 84.00[2133.6] 862484—6  |——
OBSOLETE /A 2.00[50.8] 120.00[3048] 862484—5
OBSOLETE /A 2.00[50.8] 24.00[609.6] 862484—4
OBSOLETE /A 18.00[457.2] 90.00[2286] 862484—3
OBSOLETE /A 2.00[50.8] 96.00[2438.4] 862484—2
| OBSOLETE /A 2.00[50.8] 33.00[(838.2] 862484 — 1
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