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DESCRIPTION DATE DWN APVD

N2 REVISED PER ECO-19-018707 18DEC2019 | RS | JO

P REVISED PER ECR-22-1322152 15JUN2022 | RK | SD

Pl REVISED PER ECN-23-211206 24JUN2023 | RK | MF

P2 NOTE UPDATION,PRODUCT & APPLICATION SPEC ADDED | 14APR2025 | RS |GVP

"K" DIMENS TON

— 9.33 ii
TYP CAVITY LOCATION DIMENSTONS INCREASE N INCREMENTS OF 2.54

TOLERANCE NON-CUMULATIVE

_ ZZEL USE EXTRACTION TOOL 843996-3 TO REMOVE RECEPTICAL CONTACTS.
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Lobbblgggoooooooobooooooood T N N RTHTE
E R AR BB BB EE 12.70 25 40 4 0 2-86264-5
10013 - 15 24 27 94 5 12 2-86264-4
16,3801
17.78 3048 6 14 2-86264-3
2032 3302 7 6 2-86264-2
2286 3556 8 8 2-86264- |
B2 4 —= 25 40 3810 9 20 2-86264-0
TP 27.94 40.64 10 22 |-86264-9
3048 4318 K 24 |-86264-8
secTion W-W 33,02 4512 E 26 |-86264-7
3556 48 26 13 28 |-86264-6
3810 50 .80 14 30 |-86264-5
40 64 5334 5 32 |-86264-4
4318 5588 6 34 |-86264-3
45 12 58 47 17 36 |-86264-2
48 26 6096 8 38 |-86264- |
50 80 6350 9 40 |-86264-0
_ _ _ _ _ _ _ _ _ _ _ _ _ _ _ _ _ _ _ - 53 34 66 .04 20 42 86264-9
55 88 68 58 21 44 86264-8
58 47 TRE 22 46 86264-1
SOMETRIC VIEW 6096 1366 23 48 862646
6350 7620 24 50 86264-5
66 .04 18 .14 25 52 86264-4
[OBSOLETE|  68.58 8128 26 54 862643
[OBSOLETE|  71.12 83.82 21 56 862647
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OTHERWISE SPECIFIED: APVD [4SEP89 | NAME
mm J. GESFORD MOD |V CRIMP SNAP-IN CONNECTOR,
/ opLe DOUBLE ROW, 2.54 CENTERS
=1 A T N :
4 PLC +- SIZE CAGE CODE |DRAWING NO RESTRICTED TO
SCALE  2:1 ANGLES +£0° 30" 114-25003, 114-25016
MATER I AL & FINISH WEIGHT A‘ 00779 @:86264 _
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