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MATERIAL: SILICONE RUBBER
CAP #16 AWG Si INSULATED
MATERIAL: POLYESTER MLDG COMPOUND LEAD WIRE
FERRULE COLOR: RED COLOR: WHITE
MATERIAL: POLYESTER MLDG COMPOUND
COLOR: BLACK
5 14.63+.12 [371.613.0] c—3035034—4
5 36.00+.24 [914.446.1] 5—863534—9
5 10.00£.12 [254.0+£3.0] 5—863534—3
4 16.63+.12 [422.4+3.0] 1—-863553%4—06
OBSOLETE 4 5.63+.12 [143.0+£3.0] 1-86355354—5
4 14.63+.12 [371.61£3.0] 1—-863503%4—4
OBSOLETE 4 14.50+.12 [368.3+3.0] 1-8635354—53
OBSOLETE g 9.00+.12 [228.6+3.0] 1-8635354—2
4 20.00+.12 [508.0£3.0] 1 —-86353%4—1
OBSOLETE 4 19.00+.12 [482.6+3.0] 1-863554—-0
g 36.00+.24 [914.446.1] 865554 —9
OBSOLETE 4 24.00+.24 [609.6+6.17] 36355354 —8
4 21.00+.12 [533.4+3.0] 863554~/
g 18.00+.12 [457.2+3.0] 363534 —06
4 15.00+.12 [381.0£3.0] 3635534 —05
& OBSOLETE 4 12.00+.12 [304.8+3.0] 803534 —4
TO MATE WITH AMP LGH 1/2L RECEPTACLE + + -
WITH .89 [22.6] BARREL DEPTH g 10.00+.12 [254.0+3.0] 86350354 —35
A OBSOLETE 4 8.00+.12 [203.2+3.0] 86355354 —2
MARK PER MIL=5TD—150. OBSOLETE A 5.00+.12 [152.4+3.0] 863534 — 1
3. OPERATING VOLTAGE: 15 KVDC AT O TO 70,000
FEET, —55°C TO 125°C. REMARKS A PART NO
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