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TUBING 05— _
PART NO. A B COLOR REMARKS G | REV PER ECO-05-002828 08-05 | AA | DE
| 863548—1 2400 .375 YELLOW 4 OBSOLETE
863548-2 2400 .375 RED 4 OBSOLETE A TOLERANCE OF LEAD LENGTH:
863548—-3 28.00 | .375 YELLOW 2 OBSOLETE UP TO 24 INCHES = £+.12 5
| D 863548—4 28.00 | .375 RED A OBSOLETE 24 INCHES & UP = 1%
863548—-5 28.00 | .375 BROWN 2 OBSOLETE 2 COLOR OF LEAD WIRE WHITE UNLESS
863548—-6 28.00 | .375 GREEN 4 OBSOLETE OTHERWISE SPECIFIED.
863548—7 72.00 | .375 RED
| 263548-8 =6 00 | 375 SELLOW - & TO MATE WITH AMP LCGH—4 RCPT
: : 4 WITH 2.00 BARREL DEPTH.
863548—-9 36.00 | .375 GREEN 2
| 1-863548—0 36 00 | 375 BROWN A A PIGTAIL IS SOLDER DIPPED.
°0—-863548—-/ | /2.00 ] .37/5 RED 5 A INSULATION CUT, BUT NOT REMOVED.
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