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(C) copyrIgHT 19 BY AMP INCORPORATED, ALL RIGHTI RESERVED. 4032 DOF | SO 1= DESCRIPTION DATE DWN | APVD
CODE
F ADD -14; 0600-44935-385 10-95 |CCT| DE
CAP (2D
SOCKET; SIZE #1B6 (QTY=2) ,
, ’ MAT L: ALUM. ALLOY PER QQ-A-591
MAT L. BERYLLIUM COPPER PER ASTM-B-137 FINISH: BLACK ANODIZED
FINISH: GOLD PER MIL-G-45204 .PER MIL-A—8B25A
OVER NICKEL PER QQ-N-290
s DIM A =)
1 . 12 ——=
[28.4]
Typ %1.50
[38. 1]
@.450 MAX ~ /// \\\ B
[171.4] _w S | | LY
m\ ‘ /77777I
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| - ]
#1868 AWG SILICONE INSUL.
LEAD WIRE WITH METALLIC SHIELD
B 2,00 TYP =
[50.8] OLDED END; TYP
SILICONE RUBBER
FERRULE (27 SILICONE SHRINK
MAT L: BRASS TUBING; TYP GASKET, RFI (2)
FINISH: TIN OVER COPPER MAT L: MONEL PER QQ-N-281
- 84.00 [2133.86]1 1-8650390-4
OBSOLETE BE.00 [1676. 4] 1-8650390-3
OBSOLETE 9.00 [228.6] 1-8650390-2
OBSOLETE 28.00 [/11.2] 1-865090-1
OBSOLETE 240.00 [BOSH. O] 1-865090-0
OBSOLETE 312.00 [7924.8] 865030-9
Zﬁx TOLERANCE OF LEAD LENGTH: OBSOLETE 336.00 [8534.4] 865090-8
UP TO 24 INCHES [B08.61 = #.12 [£3.0]
54 [NCHES [609.8] & UP = +1% OBSOLETE 18.00 [457.2] 865030-7
OBSOLETE 102.00 (2590.8] 865030-K
155 MARKED PER MIL-5TD-130.
- 36.00 [914. 4] 865030-5
3. TO MATE WITH AMP LGH-4
RECEPTACLE WITH 2.00 [50.8]1 BARREL DEPTH. - 12.00 [304.8] 865030-4
- 120.00 ([3048.0] 865030-3
- B0.00 [1524.01 865030-2
- 24.00 [B09.6] 865080-1
REMARKS DIM A /N |  PART No.
THIS DRAWING 15 A CONTROLLED DOCUMENT FOR AMP INCORPORATED. DWN 7_G-a5
CRGANIZATION SHOULD B CONTACTED FOR THE LATEGT REVISION. C.C.THOMAS AMP Incorporated
CH; 6L ATFEL TER 7-18-85 Amp Harrisburg, PA 17105-3608
DIMENSTONS: OTOLERANCES UNLESS  EEvD 18-85 [ NAVE
INCHES [mml S.GLATFEI TER
A PRODUCT sPee LEAD ASSY,DBL END,RFI SHIELDED, L GH-4
@ C > PLC +.02 [0.5] -
3 PLC +- APPLICATION SPEC
4 PLC +- SI1ZE CAGE CODE DRAWING NO
MATERIAL ﬁ%gg = mzm;r A 7 O O 7 79 @ SE5090
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