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THIS DRAWING IS UNPUBLISHED. | RELEASED FOR PUBLICATION —,N/A . LOC DIST RE\/|S|ONS
© COPYRIGHT N/A BY TYCO ELECTRONICS CORPORATION. ALL RICHTS RESERVED. D l__ SO P LTR DESCRIPTION DATE DWN APVD
PART NO. "A” DIM REMARKS D REV PER ECO-05-003302 08-05 | AA | DE

| 86/463—1 12.00+.50 [304.0£12.7]
36/468—2 24.00+.50 [609.6+12.7]
86/468—3 36.00+.50 [914.4%£12.7]
| D 5—86/468—1 12.00+.50 [304.0£12.7]
5-867468—3 | 36.00+.50 [914.4+12.7]

A MARKED PER MIL=STD—130.
@ PIGTAILS ARE SOLDER-DIPPED.
& INSULATION CUT, BUT NOT REMOVED.

G INSINAIN

| POTTING SHELL HOUSING
MAT’L: POLYESTER MLDG. CMPD. MAT'L: POLYESTER MLDG. CMPD.
COLOR: BLACK COLOR: BLACK
~ —— 38+.12
[9.74+3.0]
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#24 AWG TEFLON INSULATED
LEAD WIRE (6 PLC) POTTING .500
| COLOR: SEE SCHEMATIC [12.70]
o)
<
| CONTACT, SOCKET (6 PLC) o
MAT'L: LEADED COPPER ©
B FINISH: GOLD PLATE PER ASTM—-B—-483 B
OVER NICKEL PER AMS—QQ—N—-290
~ A —i— 1.174 REF -
[28.96]
A BROWN
| B RED
C GREEN
| D BLUE
E BLACK
i WHITE DWN 26-JUL—93
| THIS DRAWING IS A CONTROLLED DOCUMENT. C.C.THOMAS tqﬂn Tyco Electronics Corporation
CHK 27-JUL-93 Electonics arrisburg, Pa -
A DIMENSIONS: IOLERANCES UNLESS AP'?[.)GLATFELTER e Harrisburg, Pa 17105-3608 A
SCHEMATIC ewes e . _S.CLATFELTER RECEPTACLE ASSY
| 1 PLC - _ WITH FLYING LEADS
@ E % Etg i 015 [0.38] |APPLICATION SPEC 6 POSN, LGH
4 PLC + _:I: _ o SIZE CAGE CODE | DRAWING NO RESTRICTED TO
MATERIAL AI:";II\(I;ILSEI-? WEIGHT B AQ 00779 @: 867468 —
SEE CALLOUTS SEE CALLOUTS
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