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MAT'L: POLYESTER MLDG. CMPD.

COLOR: BLACK

#22 AWG SILICONE INSULATED WIRE
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A CAVITY LETTERS MARKED PER MIL=STD—130 WITH WHITE [INK.
A AMP  INFORMATION MARKED PER MIL=STD—130.

A PIGTAILS ARE SOLDERED DIPPED.
A INSULATION CUT, BUT NOT REMOVED.

SOCKET CONTACT (QTY 6)
MAT’L: LEADED COPPER
FINISH: GOLD PLATED PER ASTM—B—-488
OVER NICKEL PER AMS—QQ—N—-290
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