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A TO MATE WITH AMP LGH—1/2L RECEPTACLE
WITH A .89 BARREL LENGTH.
D A MARKED PER MIL—-STD—130.
3. OPERATING CONDITIONS: 15KVDC TO /0,000 FEET
AT —55°C TO +125°C.
4., DIMENSIONS IN BRACKETS ARE IN MILLIMETERS. METRIC
EQUIVALENTS ARE BASED UPON 1.00 inch = 254 mm.
@ PIGTAIL IS SOLDER DIPPED.
A INSULATION CUT, BUT NOT REMOVED.
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[4.6] END #16 AWG SILICONE
/\ FERRULE INSULATED LEAD WIRE
B 6 36.00+.36 [914.4+9.2] RED 5-86/7938—5
6 24 .00 [6@9.6] GREEN 5—86/938—4
/8\ 8.00 [203.2] RED 5-867938—1
NOT RELEASED 5 20.00 [5@8] RED 1—86/958—-2
NOT RELEASED @ 24.00 [609.6] RED 1—-—86/9358—1
5 18.00 [457.2] RED 1—86/958—-0
NOT RELEASED 5 18.00 [457.2] GREEN 86/938—9
NOT RELEASED 5 12.00 [304.8] RED 86/938—8
5 12.00 [304.8] GREEN 86/958—/
NOT RELEASED 5 - — S6/938—06
5 36.00+.36 [914.4+9.2] RED 836/958—5
5 24 .00 [609.6] GREEN 36/958—4
5 40.00+.40 [1016£10.2] RED 86/958—-35
5 26.40+.26 [670.6+6.7] RED 36/958—2
5 8.00 [203.2] RED S6/938—1
REMARKS A WIRE COLOR PART NUMBER
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DIMENSIONS: TOLERANCES UNLESS G.SCHAFFER
il LERD RS
0 PLC + -
1 PLC + - o POSITIVE STOP
@g% Etg i :355[3[50%5] APPLICATION SPEC LGH*W/2L
4 PLC + - SIZE CAGE CODE | DRAWING NO RESTRICTED TO
ANGIFS + - _
MATERIAL FINISH ) WEIGHT _ Az 00/7/9 @':'867938 o
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