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THIS DRAWING 1S UNPUBLISHED. RELEASED FOR PUBLICATION — N/A Loc DIST REVISIONS
@ COPYRIGHT N/A By — AL RIGTTS RESERVED: DF SO P LR DESCRIPTION DATE DWN [ APVD
D | ECO-13-005473 4-17-13| CT | DE
D
1. MARKED PER MIL-STD—130.
A 10 MATE WITH AMP LGH-3 RECEPTACLE
WITH 1.817 BARREL DEPTH.
A PIGTAIL IS SOLDER DIPPED.
A INSULATION CUT, BUT NOT REMOVED.
- A+ .25 - 4 36.00 GREEN 6—869084—5
4 356.00 | WHITE WITH YELLOW STRIPE |6-869084—2
187 el 675 (= 4 24.00 WHITE o0—869084—9
C A #1190 4 24.00 GREEN 0—869084 -3
L 284 06 4 24.00 | WHITE WITH YELLOW STRIPE |5-869084—7/
T 4 24.00 BROWN 0—869084—06
& 4 18.00 | WHITE WITH YELLOW STRIPE |5-869084-3
- 3V — 3 36.00 GREEN 1-869084-3
3 36.00 | WHITE WITH YELLOW STRIPE |1-869084—2
3 48.00 RED 1—-869084—1
4 3 356.00 BROWN 1-869084—-0
L5 08 MAX 3 24.00 WHITE 369084—-9
3 24.00 GREEN 3690848
3 24.00 | WHITE WITH YELLOW STRIPE 369084—7/
B WIRE, #16 AWG 3 24.00 BROWN 369084—-06
SILICONE INSULATED A 18.00 WHITE 869084—5
SEE TABLE FOR COLOR A 18.00 GREEN 869084 —4
3 18.00 | WHITE WITH YELLOW STRIPE 369084-35
3 18.00 RED 36908472
3 18.00 BROWN 369084 —1
REMARKS [A DIM WIRE COLOR PART NO
THIS DRAWING IS A CONTROLLED DOCUMENT. CHS'HEPNER I -=TE - Commect"\/"ty
DIMENSIONS: TOLERANCES UNLESS M.GARDNER
NoHES OTHERWISE SPECIFIED: APV\VAD.GARDNER 01—-MAR—87 | NAME EAD ASSy
? Etg i: PRODUCT SPEC SINGLE END
@E% Etg ?830 APPLTCAT\ON SPEC LCGH-3
4 PLC -, B SIZE | CAGE CODE | DRAWING NO RESTRICTED TO
MATERIAL FINISH WEIGHT B AB 00779 @5869084 _
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