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5\ OBSOLETE 3 A.D.G.K 4 1.671] 1.560 10 1 1-87655—1
RECOMMENDED BOARD LAYOUTS 5\ OBSOLETE 2 A,C,E,C,J 5 1.515 | 1.404 9 10 1-87655-0
5\ OBSOLETE 3 AD.G 3 1.359 | 1.248 8 9 87655-9
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