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TAPING TYPE II
(25.4mm PITCH)

TAPING TYPE I
(12.7mm PITCH)

   ACCUMLATING TOLERANCE: �#�1.0mm/20 PITCH
 
   MEASURING POINT: CONNECTOR END
 
   TAPE MUST NOT PROTRUDE FROM MOUNTING PAPER
 
   MEASURING POINT: THE TOP OF TAPING AND THE CENTER
                    LINE OF LEAD WIRE IN BETWEEN
 
   BE BASED ON THE CENTER 12.7mm PITCH DIMENSION
 
   DIMENSION FOR HEADER WITH BOSS
 
   TRADE MARK (SEE SHEET 2)
 
8. INSTRUCTION SHEET: 411-5771

   ~10�#�0.2
 10~30�#�0.25
30~100�#�0.3

ON TAPING APPLICABLE P.C.B MOUNTING LAYOUT

(APPLICABLE P.C.B THICKNESS: 1.0mm-1.6mm)
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ITEM NO. NAME MATERIAL & FINISH

1 HEADER HOUSING
66 NAYLON GLASS FILLED

CTI: 250 ~ 399

2 POST CONTACT PRE-TIN COPPER ALLOY

3 RADIALPIN PRE-TIN COPPER ALLOY

4 TAPE THERMAL PAPER

5 MOUNTING PAPER CRAFT PAPER

WITHOUT NATURAL II 450 8 917900-1

WITHOUT YELLOW II 450 7 917899-4

WITH RED II 450 7 3-917899-2

WITH NATURAL II 450 7 3-917899-1

WITHOUT NATURAL II 450 7 917899-1

WITHOUT NATURAL II 450 6 917898-1

WITHOUT RED II 450 5 917897-2

WITHOUT NATURAL II 450 5 917897-1

WITHOUT NATURAL II 450 4 917896-1

WITHOUT BLACK I 900 3 917895-9

WITHOUT BLUE I 900 3 917895-6

WITHOUT RED I 900 3 917895-2

WITHOUT NATURAL I 900 3 917895-1

WITHOUT BLUE I 900 2 917894-6

WITHOUT NATURAL I 900 2 917894-1
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